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Power Handling 
Capability of Maury  
Coaxial Connectors
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POWER HANDLING CAPABILITY OF 
MAURY COAXIAL CONNECTORS
POWER (W, CW) VS. FREQUENCY (GHZ) AT 1:1 VSWR, 25 C, SEA LEVEL
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Connector Fmax (GHz) IEEE Color Code Connector Torque (In-Lbs)

7/16 7.5 N/A 20

14mm 8 N/A 12

7mm 18 12

Type N 18/20 12

SMA 18/20 5

3.5mm 26.5/34 8

2.92mm 40 8

2.4mm 50 8

1.85mm 67 8
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