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9, 15, 25, 26, 37
Standard, high-density,
stacked, coax, power
Shell size, flange, mounting,
termination

D-Sub Modular Jacks
4P2C to 10P10C
Integrated magnetics options
Metal shielding options 

USB4 and Type-C 3.1
Hot-pluggable I/O interface
EMI/RFI protection

USB Connectors
Complete memory socket range: Compact
Flash, PCMCIA, Memory Stick, Secure Digital
Focus on ease of use, mating accuracy, and
card retention
Precision-engineered, durable contacts and
PCB leads

Memory Connectors & Sockets

Miniature Disconnecting
Wire to Board

Matched crimp housings and PCB
shrouded headers
Straight / right-angle / SMT options
Pitch sizes: 0.8 - 2.5mm

Shrouded Headers with Latches
Dual-row PCB latching IDC headers
Secure, vibration-resistant, ejectable
connection
Low-profile with polarization slot
Straight, right-angle, and SMT options

Single, dual, and three-row
options
Straight and right-angle
configurations
Thru-hole and SMT mounting

Headers

-------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------------

❽Wire to Board Power 
Pitch sizes: 2.50mm–6.35mm
Secure latching system resists
vibration
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